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SCHROFF-DS-H82683-Series87Extractors-EN-2402

Series 87 Locking  
Nylon Extractor

MATERIALS AND FINISH
• Extractor: Type 6/6 Nylon  

per ASTM-D-4066, Type I
• Pin: Stainless steel, passivated

APPLICATION DATA

COLOR

HOT STAMPING

Two inserter or inserter-extractors  
are recommended per printed  
circuit board taller than  
127 (5) in height.

Series 87 standard color is natural. 
Other colors available, please  
contact an Application Engineer  
with your requirements.

Hot stamp marking service  
is available. Please contact  
an Application Engineer  
with your requirements.

LOCKS IN PLACE
AFTER INSERTION

PROVIDES EASE OF INJECTION &
EXTRACTION OF PC BOARDS

OPTIONAL
FRONT FACE MARKING

CARD CAGE FRONT CHANNEL
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DETAIL A

Units: mm (in) 
Unless specified otherwise,
.xx = ± .25, .x = ± .5 
(.xxx = ±.010, .xx = ± .02)

2.42 ± .05
(.095 ± .002)
(2 PL) 

2.42 ± .05
(.095 ± .002)

7.88 ± .76
(.310 ± .030)

REF BOARD
THICKNESS

11.69 (.460)
16.26 (.640)

13.72 (.540)

5.08 (2.00)

6.35 (.250)

DETAIL A

APPLICATION DATA
SUGGESTED .25 x 45 CHAMBER

BIRTCHER™
nVent SCHROFF, Inc., 7328 Trade Street, San Diego, CA 92121 USA, +1 800-525-4682 

Part Number Code

Series 87 Nylon Locking Extractor

Board Thickness
1.59 (.063) _____________________________________ 2

2.38 (.094) _____________________________________ 3

3.18 (.125) _____________________________________ 4

87  –x

Part Number Code example: 87-3
Series 87 Extractor for .094-in.  
(2.38-mm) board
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