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Series 29 Lok-Tainer

MATERIALS AND FINISH

WEIGHT

.97g/cm (.087 oz/in)

RECOMMENDED TORQUE

17.7 N-cm (25 in-oz) 

HOUSING
• Material: .025-in. (.64-mm) thick Beryllium 

Copper per QQ-C- 533 or .024-in. 
(.61-mm) thick Cold Rolled Steel 
per ASTM A-366

• Finish: See finish table on  
opposite page

CAM
• Material: Beryllium Copper per QQ-C-533
• Finish: See finish table on opposite page

SCREW
• Material: Stainless steel
• Finish: Passivated

CAM DESIGN PROVIDES MAXIMUM
UNIFORM CLAMPING FORCE.

BERYLLIUM COPPER MATERIAL
FOR GROUNDING APPLICATIONS

AND CORROSION RESISTANT.

SCREW ACTIVATION,
PRECISE CLAMPING,
ZERO ENTRY FORCE

CAM MOVED FOR CLARITY

MOUNTS WITH
STANDARD RIVETS,
EYELETS, OR SCREWS
SEE TECHNICAL
APPLICATION/
MOUNTING
AND INSTALLATION
SECTION

MOUNTING HOLE DETAIL
NOT TO SCALE

LEFT HAND SHOWN

HEAT
SINK
REF

4.98
(.196)
REF

L.50 (.02)

22.10 (.870) 42.85 (1.687)
25.4 (1.00)
BETWEEN

HOLES

2.65 (.104)
5.54 (.218) MAX

11.1 (.44) EVEN DASH #
23.8 (.94) ODD DASH #

LENGTHS (REF)

.380 (9.66)
MAX EXTENDED

BOARD
THICKNESS

TOTAL GROOVE WIDTH
5.66 (.233)

+ BOARD MODULE
ASSEMBLY THICKNESS

± .01 + (.005)
ø1.71 +.08/–.03
(ø.067+.003/–.001)

ø1.71 +.08/–.03
(ø.067+.003/–.001)

.09 HEX HEAD

LEFT HAND

4.83
(.190)

2.36
(.093)

2.36
(.093)

4.19 .(165)

RIGHT HAND
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SERIES 29 LOK-TAINER

Part Number Code

 

  
 

 

Housing Material
    

  5

___ B 

Length

Finish

Length in 12.7 (.50) increments 6 [76.2 (3.00)]
to 24 [304.8 (12.00)]

_________
_____________________________________

Gold Plate_
or select from Finish Table

Series 29 LOK-TAINER Screw-Actuated
29 B 10– 5–

Beryllium Copper
or select from Materials Table

Part Number Code example: 29B–12–6   
Series 29 Screw-actuated LOK-TAINER, Beryllium
Copper housing, 152.4-mm (6.00-in. ) long, nickel
plate finish

 

[Blank]

-1
 -2
 

 
SILVER PLATE PER QQ-S-365, TYPE III, GRADE A

NONE

 

EBANOL PER MIL-F-495 FOR BERYLLIUM COPPER PER MIL-C-13924 FOR STEEL

-3 CADMIUM PER QQ-P-416, TYPE 2, CLASS 2

-5 GOLD PLATE PER MIL-G-45204, TYPE 1, GLASS 1

-6 NICKEL PLATE PER QQ-N-290, CLASS 1, GRADE G, BRIGHT

-7 ZINC PLATE CLEAR CHROMATE, PER ASTM-B-633, Fe/Zn 8

NOTE: NO FINISH (–1) NOT AVAILBLE WITH "S" STEEL MATERIAL

-8 ZINC PLATE YELLOW CHROMATE, PER ASTM-B-633, Fe/Zn 8

-4 COPPER PLATE PER MIL-C-14550, CLASS 2

FINISH TABLE

  

  

S
 

STEEL PER ASTM-A-366

BERYLLIUM COPPER, 1/4H PER ASTM-B-194

  
 

 

 
 

FINISH TABLE 
Code 
Letter Material
B   

  
Dash #

BIRTCHER™
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